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ZENER VOLTAGE：Vz(V)
Vz-Iz CHARACTERISTICS
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REVERSE VOLTAGE：VR(V)
VR-IR CHARACTERISTICS
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REVERSE VOLTAGE:VR(V)
VR-Ct CHARACTERISTICS

Vz DISPERSION MAP
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IR DISPERSION MAP
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Ct DISPERSION MAP

ZENER CURRENT:Iz(mA)
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Ta=25℃

IZ=5mA

n=30pcs
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VR=7.0V
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AVE:0.125nA

σ:0.0263nA
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