
Emitting Color

Material

Emitting Surface
Dimension(mm)

Part No.
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SLI-570DT

AIGaInP on GaAs

Directivity (Typ.)

Dimensions (Unit:mm)

:Duty   1/10, 1kHz

Tolerance:±0.2
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Absolute Maximum Ratings (Ta=25°C)

Electrical Optical Characteristics (Ta=25°C)

Recommended Pad Layout
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Packaging Specifications (Unit:mm)
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AMBIENT  TEMPERATURE : Ta  (°C)
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Electrical Characteristic CurvesSLI-570   Series

Relative Luminous Intensity - Case Temperature
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CASE  TEMPERATURE : Tc  (°C)

IF=20mA

Relative Luminous Intensity - Forward Current
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φ5.0(T-1 3/4)Circular Type
High Brightness Type <Viewing Angle 2θ1/2 : 25°>
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FORWARD  VOLTAGE : VF  (V)
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FORWARD  CURRENT : IF  (mA)
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Ta=25°C

10
1

4

10

100 1000 10000 100000

PULSE  DURATION : Tw  (µs)
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∗ Characteristics data of SLI-570Y2T, SLI-570U2T are in preparation.
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∗ Characteristics data of SLI-570Y2T, SLI-570U2T are in preparation.


