REFRPT001-EVK-001 Parts list

ROHM

SEMICONDUCTOR

Reference - Manufacturer .
Designator Type Value Description Part Number Manufacturer Package, Size(mm)
D1 Diode RBR3LAMG60B ROHM SOD-128
CBLK1 A'“m'”cuargai'ifg:m'yt'c 220uF 200,35V UWD1V221MCL1GS NICHICON 10x10
CBLK2 A'“m'”cua”;ai'i‘fg:ro'yt'c 220uF 20%,35V UWD1V221MCL1GS NICHICON 10x10
CFO Ceramic Capacitor - Not installed - - 1005
CF1 Ceramic Capacitor 4.7uF 10%, X7R, 50V GCM32ER71H475K Murata 3225
CF2 Ceramic Capacitor 4.7uF 10%, X7R, 50V GCM32ER71H475K Murata 3225
LF1 Inductor 4.7uH 30%, 0.023Q), 3.6A CLF6045NIT-4R7N-D TDK W6.0 X H4.5 X L6.3
LF2 Inductor 4. 7uH 30%, 0.023Q), 3.6A CLF6045NIT-4R7N-D TDK W6.0 Xx H4.5 X L6.3
CMF1 Filter - Not installed - - DLW5BTM102TQ2
. ON SHORE .
BAT1 Terminal OSTTC022162 TECHNOLOGY 5.08Pitch
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SEMICONDUCTOR

gg:?;i;f; Type Value Description gzgu&i%ugg: Manufacturer Package, Size(mm)
Ul Buck DC/DC Converter BD9P105EFV-C ROHM HTSSOP-B20
C10 Ceramic Capacitor 1pF 10%, X7R, 50V GCJ31MR71H105K Murata 3216
Cl1 Ceramic Capacitor 0.1uF 10%, X7R, 50V GCM155R71H104K Murata 1005
C12 Ceramic Capacitor - Not installed - - 1608
C13 Ceramic Capacitor 22uF 10%, X7R, 10V GCM32ER71A226K Murata 3225
Cl4 Ceramic Capacitor 1uF 10%, X7R, 50V GCM21BR71C105K Murata 2012
C15 Ceramic Capacitor 0.1uF 10%, X7R, 50V GCM155R71H104K Murata 1005
C16 Ceramic Capacitor - Not installed - - 1005
R10 Jumper 0Q 0Q MCR01MZPJ000 ROHM 1005
R11 Resistor 8.2kQ 1 %, 1/16W MCRO1MZPF8201 ROHM 1005
R12 Resistor 43kQ 1%, 1/16W MCRO1MZPF4302 ROHM 1005
R13 Jumper 0Q 0Q MCRO01MZPJO00 ROHM 1005
R14 Resistor 10 kQ 1 9%, 1/16W MCRO1MZPF1002 ROHM 1005
R15 Resistor - Not installed - - 1005
R16 Resistor 10 kQ 1 %, 1/16W MCRO1MZPF1002 ROHM 1005
R17 Resistor - Not installed - - 1005
R18 Resistor 10 kQ 1 9%, 1/16W MCRO1MZPF1002 ROHM 1005

L11 Inductor 4.7uH 30%, 0.023Q), 3.6A CLF6045NIT-4R7N-D TDK W6.0 x H4.5 x L6.3
R101 Resistor - Not installed - - 1005
R102 Jumper 0Q 0Q MCR0O1MZPJ000 ROHM 1005
D11 LED Green SML-D12FWT86 ROHM SML-D12X8
R100 Resistor 470 1%, 1/10W MCRO3EZPF4700 ROHM 1608
MODE1 Header Pin 3x1 PH-1X3SG USECONN 3x1

EN1 Header Pin 3x1 PH-1X3SG USECONN 3x1
SSCG1 Header Pin 3x1 PH-1X3SG USECONN 3x1

©2020 Rohm Co., Ltd.
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gg:?;i;f; Type Value Description gzgu&i%ugg: Manufacturer Package, Size(mm)
U2 Buck DC/DC Converter BD9P205EFV-C ROHM HTSSOP-B20
c20 Ceramic Capacitor 1pF 10%, X7R, 50V GCJ31MR71H105K Murata 3216
Cc21 Ceramic Capacitor 0.1uF 10%, X7R, 50V GCM155R71H104K Murata 1005
Cc22 Ceramic Capacitor - Not installed - - 1608
C23 Ceramic Capacitor 47uF 10%, X7R, 6.3V GCM32ER70J476K Murata 3225
C24 Ceramic Capacitor 1uF 10%, X7R, 50V GCM21BR71C105K Murata 2012
C25 Ceramic Capacitor 0.1uF 10%, X7R, 50V GCM155R71H104K Murata 1005
C26 Ceramic Capacitor - Not installed - - 1005
R20 Jumper 0Q 0Q MCR01MZPJ000 ROHM 1005
R21 Resistor 15kQ 1 %, 1/16W MCRO1MZPF1502 ROHM 1005
R22 Resistor 47kQ 1%, 1/16W MCRO1MZPF4702 ROHM 1005
R23 Jumper 0Q 0Q MCRO01MZPJO00 ROHM 1005
R24 Resistor 10 kQ 1 9%, 1/16W MCRO1MZPF1002 ROHM 1005
R25 Resistor - Not installed - - 1005
R26 Resistor 10 kQ 1 %, 1/16W MCRO1MZPF1002 ROHM 1005
R27 Resistor 10 kQ 1%, 1/16W MCRO1MZPF1002 ROHM 1005
R28 Resistor - Not installed - - 1005

L21 Inductor 4.7uH 30%, 0.023Q), 3.6A CLF6045NIT-4R7N-D TDK W6.0 x H4.5 x L6.3
R201 Resistor - Not installed - - 1005
R202 Jumper 0Q 0Q MCR0O1MZPJ000 ROHM 1005
D21 LED Orange SML-D12D1WT86 ROHM SML-D12X8
R200 Resistor 470 1%, 1/10W MCRO3EZPF4700 ROHM 1608
MODE?2 Header Pin 3x1 PH-1X3SG USECONN 3x1

EN2 Header Pin 3x1 PH-1X3SG USECONN 3x1
SSCG2 Header Pin 3x1 PH-1X3SG USECONN 3x1

©2020 Rohm Co., Ltd.
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SEMICONDUCTOR

gg:?;i;f; Type Value Description gzgu&i%ugg: Manufacturer Package, Size(mm)
U3 Buck DC/DC Converter BD9S201NUX-C ROHM VSONO008X2020
C30 Ceramic Capacitor 10uF 10%, X7R, 10V GCM21BR71A106K Murata 2012
C31 Ceramic Capacitor 0.1pF 10%, X7R, 50V GCM155R71H104K Murata 1005
C32 Ceramic Capacitor - Not installed - - 2012
C33 Ceramic Capacitor 10uF 10%, X7R, 10V GCM21BR71A106K Murata 2012
C34 Ceramic Capacitor 0.01pF 10%, X7R, 50V GCM155R71H103K Murata 1005
C35 Ceramic Capacitor - Not installed - - 1005
R31 Resistor 39kQ 1%, 1/16W MCRO1MZPF3902 ROHM 1005
R32 Resistor 22kQ 1%, 1/16W MCRO1MZPF2202 ROHM 1005
R33 Jumper 0Q 0Q MCR01MZPJ000 ROHM 1005
R34 Resistor 100 kQ 1 %, 1/16W MCRO1MZPF1003 ROHM 1005
L31 Inductor 1pH 20%, 0.042Q), 4.7A TEM252012ALMA1ROMTAA TDK 2520
RC1 Resistor 39kQ 1 %, 1/16W MCRO1MZPF3902 ROHM 1005
RC2 Resistor 22kQ 1 %, 1/16W MCRO1MZPF2202 ROHM 1005
. ON SHORE ,
MC125 Terminal OSTTC022162 TECHNOLOGY 5.08Pitch
EN3 Header Pin 3x1 PH-1X3SG USECONN 3x1
P31 Test Pin Orange SLC-33-G-O Sunhayato
P3G1 Test Pin Black SLC-33-G-K Sunhayato

©2020 Rohm Co., Ltd.
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ggfs?;i;fsr Type Value Description gzgu&i%ugg Manufacturer Package, Size(mm)
U4 LDO BDOOIASMEFJ-M ROHM HTSOP-J8
C40 Ceramic Capacitor - Not installed - - 2012
C41 Ceramic Capacitor 1uF 10%, X7R, 50V GCM21BR71C105K Murata 2012
C42 Ceramic Capacitor 1uF 10%, X7R, 50V GCM21BR71C105K Murata 2012
C43 Ceramic Capacitor - Not installed - - 2012
R41 Resistor 15kQ 1%, 1/16W MCRO1MZPF1502 ROHM 1005
R42 Resistor 47kQ 1 %, 1/16W MCRO1MZPF4702 ROHM 1005
R43 Jumper 0Q 0Q MCR01MZPJO00 ROHM 1005
RD1 Resistor 15kQ 1%, 1/16W MCRO1MZPF1502 ROHM 1005
RD2 Resistor 47kQ 1%, 1/16W MCRO1MZPF4702 ROHM 1005

, ON SHORE :
MC33 Terminal OSTTC022162 TECHNOLOGY 5.08Pitch
EN4 Header Pin 3x1 PH-1X3SG USECONN 3x1
P41 Test Pin Orange SLC-33-G-O Sunhayato
P4AG1 Test Pin Black SLC-33-G-K Sunhayato
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gg:?;i;f; Type Value Description gzgu&i%ugg: Manufacturer Package, Size(mm)
U5 Buck DC/DC Converter BD9S400MUF-C ROHM VQFN16FV3030
C50 Ceramic Capacitor 10uF 10%, X7R, 10V GCM21BR71A106K Murata 2012
C51 Ceramic Capacitor 0.1pF 10%, X7R, 50V GCM155R71H104K Murata 1005
C52 Ceramic Capacitor 22uF 10%, X7R, 6.3V GCM31CR70J226K Murata 3216
C53 Ceramic Capacitor 22uF 10%, X7R, 6.3V GCM31CR70J226K Murata 3216
C54 Ceramic Capacitor 0.01pF 10%, X7R, 50V GCM155R71H103K Murata 1005
C55 Ceramic Capacitor 0.1uF 10%, X7R, 50V GCM155R71H104K Murata 1005
C56 Ceramic Capacitor - Not installed - - 1005
C57 Ceramic Capacitor 4700pF 10%, X7R, 50V GCM155R71H472K Murata 1005
R51 Resistor 51kQ 1 9%, 1/16W MCRO1MZPF5102 ROHM 1005
R52 Resistor 13kQ 1 %, 1/16W MCRO1MZPF1302 ROHM 1005
R53 Jumper 0Q 0Q MCR0O1MZPJ0O00O ROHM 1005
R54 Resistor 100 kQ 1 %, 1/16W MCRO1MZPF1003 ROHM 1005
R55 Resistor 8.2kQ 1 %, 1/16W MCRO1MZPF8201 ROHM 1005
L51 Inductor 1pH 20%, 0.037Q), 5.1A TFM322512ALMA1ROMTAA TDK 3225
RF1 Resistor 51kQ 1 %, 1/16W MCRO1MZPF5102 ROHM 1005
RF2 Resistor 13kQ 1 %, 1/16W MCRO1MZPF1302 ROHM 1005

: ON SHORE .
SOC1 Terminal OSTTC022162 TECHNOLOGY 5.08Pitch
MODES5 Header Pin 3x1 PH-1X3SG USECONN 3x1
EN5 Header Pin 3x1 PH-1X3SG USECONN 3x1
P51 Test Pin Orange SLC-33-G-O Sunhayato
P5G1 Test Pin Black SLC-33-G-K Sunhayato

©2020 Rohm Co., Ltd.
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gg:?;i;f; Type Value Description gzgu&i%ugg: Manufacturer Package, Size(mm)
U6 Buck DC/DC Converter BD9S300MUF-C ROHM VQFN16FV3030
C60 Ceramic Capacitor 10uF 10%, X7R, 10V GCM21BR71A106K Murata 2012
C61 Ceramic Capacitor 0.1pF 10%, X7R, 50V GCM155R71H104K Murata 1005
C62 Ceramic Capacitor 22uF 10%, X7R, 6.3V GCM31CR70J226K Murata 3216
C63 Ceramic Capacitor 22uF 10%, X7R, 6.3V GCM31CR70J226K Murata 3216
C64 Ceramic Capacitor 0.01pF 10%, X7R, 50V GCM155R71H103K Murata 1005
C65 Ceramic Capacitor 0.1uF 10%, X7R, 50V GCM155R71H104K Murata 1005
C66 Ceramic Capacitor - Not installed - - 1005
Cc67 Ceramic Capacitor 4700pF 10%, X7R, 50V GCM155R71H472K Murata 1005
R61 Resistor 27kQ 1 9%, 1/16W MCRO1MZPF2702 ROHM 1005
R62 Resistor 24kQ 1 %, 1/16W MCRO1MZPF2402 ROHM 1005
R63 Jumper 0Q 0Q MCR0O1MZPJ0O00O ROHM 1005
R64 Resistor 100 kQ 1 %, 1/16W MCRO1MZPF1003 ROHM 1005
R65 Resistor 8.2kQ 1 %, 1/16W MCRO1MZPF8201 ROHM 1005
L61 Inductor 1pH 20%, 0.042Q), 4.7A TFM252012ALMA1ROMTAA TDK 2520
RG1 Resistor 27kQ 1 %, 1/16W MCRO1MZPF2702 ROHM 1005
RG2 Resistor 24kQ 1 %, 1/16W MCRO1MZPF2402 ROHM 1005

: ON SHORE .
SOC15 Terminal OSTTC022162 TECHNOLOGY 5.08Pitch
MODEG6 Header Pin 3x1 PH-1X3SG USECONN 3x1
ENG Header Pin 3x1 PH-1X3SG USECONN 3x1
P61 Test Pin Orange SLC-33-G-O Sunhayato
P6G1 Test Pin Black SLC-33-G-K Sunhayato

©2020 Rohm Co., Ltd.
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SEMICONDUCTOR

gg:?;i;f; Type Value Description gzgu&i%ugg: Manufacturer Package, Size(mm)
U7 Buck DC/DC Converter BD9S201NUX-C ROHM VSONO008X2020
C70 Ceramic Capacitor 10uF 10%, X7R, 10V GCM21BR71A106K Murata 2012
C71 Ceramic Capacitor 0.1pF 10%, X7R, 50V GCM155R71H104K Murata 1005
C72 Ceramic Capacitor - Not installed - - 2012
C73 Ceramic Capacitor 10uF 10%, X7R, 10V GCM21BR71A106K Murata 2012
C74 Ceramic Capacitor 0.01pF 10%, X7R, 50V GCM155R71H103K Murata 1005
C76 Ceramic Capacitor - Not installed - - 1005
R71 Resistor 24kQ 1%, 1/16W MCRO1MZPF2402 ROHM 1005
R72 Resistor 30kQ 1%, 1/16W MCRO1MZPF3002 ROHM 1005
R73 Jumper 0Q 0Q MCR01MZPJ000 ROHM 1005
R74 Resistor 100 kQ 1 %, 1/16W MCRO1MZPF1003 ROHM 1005
L71 Inductor 1pH 20%, 0.042Q), 4.7A TEM252012ALMA1ROMTAA TDK 2520
RH1 Resistor 24kQ 1 %, 1/16W MCRO1MZPF2402 ROHM 1005
RH2 Resistor 30kQ 1 %, 1/16W MCRO1MZPF3002 ROHM 1005
. ON SHORE ,
SOC18 Terminal OSTTC022162 TECHNOLOGY 5.08Pitch
EN7 Header Pin 3x1 PH-1X3SG USECONN 3x1
P71 Test Pin Orange SLC-33-G-O Sunhayato
P7G1 Test Pin Black SLC-33-G-K Sunhayato

©2020 Rohm Co., Ltd.
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SEMICONDUCTOR

ggfs?;i;fsr Type Value Description gzgu&i%ugg Manufacturer Package, Size(mm)
QL1 Pch MOS Transistor RVA4C020ZPHZG ROHM DEN1616-6W
QL2 Nch MOS Transistor RJUOO3NO3FRA ROHM UMT3

CLO Ceramic Capacitor 1uF 10%, X7R, 16V GCM21BR71C105K Murata 2012

CL1 Ceramic Capacitor 1uF 10%, X7R, 16V GCM21BR71C105K Murata 2012

CL2 Ceramic Capacitor 1uF 10%, X7R, 16V GCM21BR71C105K Murata 2012

RL1 Resistor 100 kQ 1%, 1/16W MCRO1MZPF1003 ROHM 1005

RL2 Resistor 1 kQ 1 %, 1/16W MCRO1MZPF1001 ROHM 1005

RL3 Resistor 1 kQ 1%, 1/16W MCRO1MZPF1001 ROHM 1005

LS1 Header Pin 3x1 PH-1X3SG USECONN 3x1

©2020 Rohm Co., Ltd.
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SEMICONDUCTOR

gg:?;i;f; Type Value Description gzgu&i%ugg: Manufacturer Package, Size(mm)
U8 Supervisor IC BD39042MUF-C ROHM VQFN16FV3030
D80 LED Red SML-D12U1IWT86 ROHM SML-D12X8
D81 LED Red SML-D12U1WT86 ROHM SML-D12X8
D82 LED Red SML-D12U1WT86 ROHM SML-D12X8
D83 LED Red SML-D12U1WT86 ROHM SML-D12X8
D84 LED - Not installed - - SML-D12X8
C81 Ceramic Capacitor 0.22uF 10%, X7R, 16V GCM155R71C224K Murata 1005
CAO Ceramic Capacitor 10uF 10%, X7R, 10V GCM21BR71A106K Murata 2012
CAl Ceramic Capacitor - Not installed - - 3216
R80 Resistor 1 kQ 1 %, 1/16W MCRO1MZPF1001 ROHM 1005
R81 Resistor 1 kQ 1%, 1/16W MCRO1MZPF1001 ROHM 1005
R82 Resistor 1kQ 1 %, 1/16W MCRO1MZPF1001 ROHM 1005
R83 Resistor 1 kQ 1 9%, 1/16W MCRO1MZPF1001 ROHM 1005
R84 Resistor - Not installed - - 1005
R85 Resistor 10 kQ 1 %, 1/16W MCRO1MZPF1002 ROHM 1005
RA1 Resistor 8.2kQ 1%, 1/16W MCRO1MZPF8201 ROHM 1005
RA2 Resistor 43kQ) 1 9%, 1/16W MCRO1MZPF4302 ROHM 1005
RB1 Resistor 8.2kQ) 1 9%, 1/16W MCRO1MZPF8201 ROHM 1005
RB2 Resistor 43kQ 1 9%, 1/16W MCRO1MZPF4302 ROHM 1005
RK1 Resistor 10 kQ 1 %, 1/16W MCRO1MZPF1002 ROHM 1005
RK2 Resistor - Not installed - - 1005

. ON SHORE )
CAN5 Terminal OSTTC022162 TECHNOLOGY 5.08Pitch
BM1 Header Pin 8x2 PS-16PE-D4T1-PN1 JAE 8x2
P1 Test Pin Orange SLC-33-G-O Sunhayato

©2020 Rohm Co., Ltd.
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gg:?;i;f; Type Value Description gzgu&i%ugg: Manufacturer Package, Size(mm)
U9 Supervisor IC BD39042MUF-C ROHM VQFN16FV3030
D90 LED Red SML-D12U1WT86 ROHM SML-D12X8
D91 LED Red SML-D12U1WT86 ROHM SML-D12X8
D92 LED Red SML-D12U1WT86 ROHM SML-D12X8
D93 LED Red SML-D12U1WT86 ROHM SML-D12X8
D94 LED Red SML-D12U1WT86 ROHM SML-D12X8
C91 Ceramic Capacitor 0.22uF 10%, X7R, 16V GCM155R71C224K Murata 1005
CEO Ceramic Capacitor 10uF 10%, X7R, 10V GCM21BR71A106K Murata 2012
CE1l Ceramic Capacitor - Not installed - - 3216
R90 Resistor 1kQ 1 9%, 1/16W MCRO1MZPF1001 ROHM 1005
R91 Resistor 1kQ 1 %, 1/16W MCRO1MZPF1001 ROHM 1005
R92 Resistor 1kQ 1%, 1/16W MCRO1MZPF1001 ROHM 1005
R93 Resistor 1 kQ 1 %, 1/16W MCRO1MZPF1001 ROHM 1005
R94 Resistor 1 kQ 1 %, 1/16W MCRO1MZPF1001 ROHM 1005
R96 Resistor 10 kQ 1 9%, 1/16W MCRO1MZPF1002 ROHM 1005
RE1 Resistor 15kQ 1 %, 1/16W MCRO1MZPF1502 ROHM 1005
RE2 Resistor 47kQ 1 %, 1/16W MCRO1MZPF4702 ROHM 1005
RI1 Resistor 15kQ 1 %, 1/16W MCRO1MZPF1502 ROHM 1005
RI2 Resistor 47kQ 1%, 1/16W MCRO1MZPF4702 ROHM 1005
P33 - - Not installed - - -

, ON SHORE :
SOC33 Terminal OSTTC022162 TECHNOLOGY 5.08Pitch
BM2 Header Pin 8x2 PS-16PE-DAT1-PN1 JAE 8x2
P21 Test Pin Orange SLC-33-G-O Sunhayato
PL1 Test Pin Orange SLC-33-G-O Sunhayato
PL1 Test Pin Black SLC-33-G-K Sunhayato
P2G1 Test Pin Black SLC-33-G-K Sunhayato
PLG1 Test Pin Black SLC-33-G-K Sunhayato

©2020 Rohm Co., Ltd.

11/11



Notice

10)

11)

12)

13)

Notes

The information contained herein is subject to change without notice.

Before you use our Products, please contact our sales representative and verify the latest specifica-
tions :

Although ROHM is continuously working to improve product reliability and quality, semicon-
ductors can break down and malfunction due to various factors.

Therefore, in order to prevent personal injury or fire arising from failure, please take safety
measures such as complying with the derating characteristics, implementing redundant and
fire prevention designs, and utilizing backups and fail-safe procedures. ROHM shall have no
responsibility for any damages arising out of the use of our Poducts beyond the rating specified by
ROHM.

Examples of application circuits, circuit constants and any other information contained herein are
provided only to illustrate the standard usage and operations of the Products. The peripheral
conditions must be taken into account when designing circuits for mass production.

The technical information specified herein is intended only to show the typical functions of and
examples of application circuits for the Products. ROHM does not grant you, explicitly or implicitly,
any license to use or exercise intellectual property or other rights held by ROHM or any other
parties. ROHM shall have no responsibility whatsoever for any dispute arising out of the use of
such technical information.

The Products specified in this document are not designed to be radiation tolerant.

For use of our Products in applications requiring a high degree of reliability (as exemplified
below), please contact and consult with a ROHM representative : transportation equipment (i.e.
cars, ships, trains), primary communication equipment, traffic lights, fire/crime prevention, safety
equipment, medical systems, servers, solar cells, and power transmission systems.

Do not use our Products in applications requiring extremely high reliability, such as aerospace
equipment, nuclear power control systems, and submarine repeaters.

ROHM shall have no responsibility for any damages or injury arising from non-compliance with
the recommended usage conditions and specifications contained herein.

ROHM has used reasonable care to ensure the accuracy of the information contained in this
document. However, ROHM does not warrants that such information is error-free, and ROHM
shall have no responsibility for any damages arising from any inaccuracy or misprint of such
information.

Please use the Products in accordance with any applicable environmental laws and regulations,
such as the RoHS Directive. For more details, including RoHS compatibility, please contact a
ROHM sales office. ROHM shall have no responsibility for any damages or losses resulting
non-compliance with any applicable laws or regulations.

When providing our Products and technologies contained in this document to other countries,
you must abide by the procedures and provisions stipulated in all applicable export laws and
regulations, including without limitation the US Export Administration Regulations and the Foreign
Exchange and Foreign Trade Act.

This document, in part or in whole, may not be reprinted or reproduced without prior consent of
ROHM.

Thank you for your accessing to ROHM product informations.
More detail product informations and catalogs are available, please contact us.

ROHM ROHM Customer Support System

SEMICONDUCTOR

http://www.rohm.com/contact/

www.rohm.com

© 2016 ROHM Co., Ltd. All rights reserved.
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